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Glass Bottles and Jars
Boston Rounds

Fisherbrand* Clear Boston Rounds
Economical, high quality bottles for storing liquid samples

• Type III soda lime glass
• Clear for easy viewing of contents
• Narrow mouth

Table of Contents

With PE Cone-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20mm-400 02-911-782 48/119.88
2 oz. (60mL) 20mm-400 02-911-783 24/59.01
4 oz. (125mL) 22mm-400 02-911-784 24/74.30
8 oz. (250mL) 24mm-400 02-911-785 12/52.58
16 oz. (500mL) 28mm-400 02-911-750 12/61.36
32 oz. (1000mL) 33mm-400 02-911-751 12/81.61

With Polyvinyl-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20mm-400 02-911-779 48/111.28
2 oz. (60mL) 20mm-400 02-911-752 24/60.49
2 oz. (60mL) 20mm-400 02-911-790 288/340.65
4 oz. (125mL) 22mm-400 02-911-780 24/67.57
4 oz. (125mL) 22mm-400 02-911-730 160/473.91
8 oz. (250mL) 24mm-400 02-911-781 12/41.42
8 oz. (250mL) 24mm-400 02-911-732 108/372.97
16 oz. (500mL) 28mm-400 02-911-777 12/53.10
16 oz. (500mL) 28mm-400 02-911-726 60/292.68
32 oz. (1000mL) 33mm-400 02-911-778 12/106.09

With PTFE-Faced PE-Lined Caps 

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20mm-400 02-911-786 48/158.40
2 oz. (60mL) 20mm-400 02-911-787 24/83.89
4 oz. (125mL) 22mm-400 02-911-788 24/94.60
8 oz. (250mL) 24mm-400 02-911-789 12/55.42
16 oz. (500mL) 28mm-400 02-911-753 12/73.19
32 oz. (1000mL) 33mm-400 02-911-754 12/107.32
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Glass Bottles and Jars
Boston Rounds

With Rubber-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20mm-400 02-911-756 48/62.57
2 oz. (60mL) 20mm-400 02-911-757 24/38.96
4 oz. (125mL) 22mm-400 02-911-759 24/42.30
8 oz. (250mL) 24mm-400 02-911-760 12/27.60
16 oz. (500mL) 28mm-400 02-911-755 12/35.77
32 oz. (1000mL) 33mm-400 02-911-758 12/50.15

Bottles Only (Without Caps)

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20mm-400 02-911-940 432/373.35
2 oz. (60mL) 20mm-400 02-911-944 288/264.81
4 oz. (125mL) 22mm-400 02-911-945 160/182.12
8 oz. (250mL) 24mm-400 02-911-872 108/250.98
16 oz. (500mL) 28mm-400 02-911-939 60/167.98
32 oz. (1000mL) 33mm-400 02-911-927 12/66.01

Fisherbrand* Amber Boston Rounds
Value-priced bottles for light-sensitive solvents, chemicals and samples

• Type III soda lime glass
• Narrow mouth

With PE Cone-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 18mm-400 02-911-861 720/1164.28
1 oz. (30mL) 20mm-400 02-912-339 48/93.33
2 oz. (60mL) 20mm-400 02-911-734 24/68.62
2 oz. (60mL) 20mm-400 02-911-898 288/368.39
4 oz. (125mL) 22mm-400 02-911-735 24/76.12
4 oz. (125mL) 22mm-400 02-911-895 160/161.78
8 oz. (250mL) 24mm-400 02-911-736 12/89.57
8 oz. (250mL) 24mm-400 02-911-900 108/191.65
16 oz. (500mL) 28mm-400 02-911-743 12/66.01
16 oz. (500mL) 28mm-400 02-911-878 60/232.87
32 oz. (1000mL) 33mm-400 02-911-744 12/84.93
32 oz. (1000mL) 33mm-400 02-911-899 30/104.52

With Polyvinyl-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 18mm-400 02-911-793 720/1027.80
1 oz. (30mL) 20mm-400 02-912-337 48/77.08
2 oz. (60mL) 20mm-400 02-911-746 24/63.58
2 oz. (60mL) 20mm-400 02-911-742 288/357.79
4 oz. (125mL) 22mm-400 02-911-748 24/67.88
4 oz. (125mL) 22mm-400 02-911-723 160/503.88
8 oz. (250mL) 24mm-400 02-911-749 12/66.09
8 oz. (250mL) 24mm-400 02-911-724 108/346.71
16 oz. (500mL) 28mm-400 02-911-745 12/82.50
16 oz. (500mL) 28mm-400 02-911-725 60/263.90
32 oz. (1000mL) 33mm-400 02-911-747 12/122.95
32 oz. (1000mL) 33mm-400 02-911-729 30/253.58

With PTFE-Faced, PE-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20mm-400 02-912-338 48/94.77
2 oz. (60mL) 20mm-400 02-911-737 24/82.53
4 oz. (125mL) 22mm-400 02-911-740 24/90.70
8 oz. (250mL) 24mm-400 02-911-741 12/61.88
16 oz. (500mL) 28mm-400 02-911-738 12/78.82
32 oz. (1000mL) 33mm-400 02-911-739 12/103.35

With Rubber-Lined Closures

Capacity Screw Cap Size Cat. No.  Case of
2 oz. (60mL) 20-400mm 02-912-340 24/37.29
4 oz. (125mL) 22-400mm 02-912-341 24/41.19
8 oz. (250mL) 24-400mm 02-912-342 12/26.39
16 oz. (500mL) 28-400mm 02-912-343 12/60.58
32 oz. (1000mL) 33-400mm 02-912-344 12/91.58

Bottles Only (Without Caps)

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 18mm-400 02-911-794 720/792.42
2 oz. (60mL) 20mm-400 02-911-908 288/373.05
4 oz. (125mL) 22mm-400 02-911-904 160/186.27
8 oz. (250mL) 24mm-400 02-911-905 108/152.63
16 oz. (500mL) 28mm-400 02-911-902 60/137.19
32 oz. (1000mL) 33mm-400 02-911-903 30/104.07
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Glass Bottles and Jars
Wide Mouths

Wide Mouths

Fisherbrand* Clear Standard  
Wide-Mouth Bottles
Good for storing dry materials and specimens

• Wide mouth for easy entry and retrieval during storage and packaging  
applications 

• Commonly used for liquid and dry storage and packaging applications 
• Excellent choice for general reservoir requirements
• Type III soda-lime glass
• Clear for easy viewing of 

contents

With PTFE-Faced PE-Lined Caps
• PTFE-faced PE-lined caps provide a tight seal and barrier to most organic and 

aqueous solutions

Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 48mm-400 02-911-768 24/83.50
8 oz. (250mL) 58mm-400 02-911-770 24/100.74
16 oz. (500mL) 63mm-400 02-911-767 24/120.54
32 oz. (1000mL) 70mm-400 02-911-913 12/94.76
64 oz. (2000mL) 83mm-400 02-911-769 6/82.88
129 oz. (3810mL) 89mm-400 02-911-766 4/77.54

Bottles Only (Without Caps)
Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 48mm-400 02-911-942 24/28.48
8 oz. (250mL) 58mm-400 02-911-943 24/37.40
16 oz. (500mL) 63mm-400 02-911-871 24/68.51
32 oz. (1000mL) 70mm-400 02-912-114 12/41.32
64 oz. (2000mL) 83mm-400 02-911-869 6/45.87
129 oz. (3810mL) 89mm-400 02-912-117 4/37.62

With Polyvinyl-Lined Caps
Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 48mm-400 02-911-731 24/81.88
8 oz. (250mL) 58mm-400 02-911-916 24/103.35
16 oz. (500mL) 63mm-400 02-911-917 24/117.63
64 oz. (2000mL) 83mm-400 02-911-891 6/82.64
129 oz. (3810mL) 89mm-400 02-911-918 4/76.06

Fisherbrand* Amber Wide-Mouth Packers
Value-priced bottles ideal for storing dry materials

• Amber glass for light sensitive powders
• Wide mouth for easy filling and for complete 

removal of contents

With PE Cone-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of 24
1 oz. (30mL) 28mm-400 02-911-444 51.32
2 oz. (60mL) 33mm-400 02-911-445 64.88
4 oz. (125mL) 38mm-400 02-911-446 67.38

With Polyvinyl-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
0.20 oz. (6mL) 20mm-400 02-911-852 720/1360.08
0.27 oz. (8mL) 20mm-400 02-911-857 912/1576.32
0.5 oz. (15mL) 28mm-400 02-911-799 624/1690.92
1 oz. (30mL) 28mm-400 02-911-432 24/46.95
1 oz. (30mL) 28mm-400 02-911-447 432/711.93
2 oz. (60mL) 33mm-400 02-911-433 24/70.86
2 oz. (60mL) 33mm-400 02-911-448 216/441.67
4 oz. (125mL) 38mm-400 02-911-434 24/82.16
4 oz. (125mL) 38mm-400 02-911-449 180/408.83
8 oz. (250mL) 45mm-400 02-911-435 24/113.49
8 oz. (250mL) 45mm-400 02-911-450 84/450.03
16 oz. (500mL) 53mm-400 02-911-436 12/69.22
16 oz. (500mL) 53mm-400 02-911-451 60/216.63
32 oz. (1000mL) 53mm-400 02-911-437 12/94.83
32 oz. (1000mL) 53mm-400 02-911-452 36/187.78

With PTFE-Faced PE-Lined Closures
Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 28mm-400 02-911-438 24/82.29
2 oz. (60mL) 33mm-400 02-911-439 24/97.20
4 oz. (125mL) 38mm-400 02-911-440 24/117.11
8 oz. (250mL) 45mm-400 02-911-441 24/155.58
16 oz. (500mL) 53mm-400 02-911-442 12/101.03
32 oz. (1000mL) 53mm-400 02-911-443 12/130.41
42 oz. (1250mL) 70mm-400 02-911-796 6/103.56
85 oz. (2500mL) 70mm-400 02-911-854 12/406.31

Bottles Only (Without Caps)
Capacity Screw Cap Size Cat. No.  Case of
0.20 oz. (6mL) 20mm-400 02-912-299 720/981.03
0.5 oz. (15mL) 28mm-400 02-911-798 624/1303.80
1 oz. (30mL) 28mm-400 02-911-935 432/261.58
2 oz. (60mL) 33mm-400 02-911-936 216/226.11
4 oz. (125mL) 38mm-400 02-911-888 180/306.23
8 oz. (250mL) 45mm-400 02-911-938 84/129.83
16 oz. (500mL) 53mm-400 02-911-934 60/134.33
32 oz. (1000mL) 53mm-400 02-911-937 36/118.09
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Glass Bottles and Jars
French Squares

French Squares

Fisherbrand* Clear French Squares
Square shape maximizes storage space in the lab

• Wide mouth for easy filling
• Clear glass allows for easy viewing of contents

With PE Cone-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 20mm-400 02-911-402 48/112.59
1 oz. (30mL) 24mm-400 02-911-403 48/116.82
2 oz. (60mL) 28mm-400 02-911-404 48/133.30
4 oz. (125mL) 33mm-400 02-911-405 24/62.07
4 oz. (125mL) 33mm-400 02-911-875 120/345.13

With Polyvinyl-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 20mm-400 02-911-379 48/123.62
0.5 oz. (15mL) 20mm-400 02-912-302 576/374.59
1 oz. (30mL) 24mm-400 02-911-380 48/130.88
1 oz. (30mL) 24mm-400 02-911-397 280/840.41
2 oz. (60mL) 28mm-400 02-911-381 48/149.90
2 oz. (60mL) 28mm-400 02-911-398 240/465.56
4 oz. (125mL) 33mm-400 02-911-382 24/93.68
4 oz. (125mL) 33mm-400 02-911-399 120/284.64
8 oz. (250mL) 43mm-400 02-911-383 24/113.33
8 oz. (250mL) 43mm-400 02-911-400 84/263.29
16 oz. (500mL) 48mm-400 02-911-401 40/181.86
16 oz. (500mL) 48mm-400 02-911-384 24/150.27
32 oz. (1000mL) 58mm-400 02-912-017 12/141.04

With PTFE-Faced, PE-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 20mm-400 02-911-385 48/154.31
1 oz. (30mL) 24mm-400 02-911-386 48/180.97
2 oz. (60mL) 28mm-400 02-911-387 48/203.74
4 oz. (125mL) 33mm-400 02-911-388 24/120.22
8 oz. (250mL) 43mm-400 02-911-389 24/169.99
16 oz. (500mL) 48mm-400 02-911-390 24/208.10
32 oz. (1000mL) 58mm-400 02-912-016 12/201.64

With Rubber-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 20mm-400 02-911-391 48/132.96
1 oz. (30mL) 24mm-400 02-911-392 48/135.04
2 oz. (60mL) 28mm-400 02-911-393 48/155.65
4 oz. (125mL) 33mm-400 02-911-394 24/99.91
8 oz. (250mL) 43mm-400 02-911-395 24/114.58
16 oz. (500mL) 48mm-400 02-911-396 24/175.15
32 oz. (1000mL) 58mm-400 02-912-300 12/109.12

Bottles Only (Without Caps)
• Easy-fill wide mouth
• Easily view contents
• Order caps separately

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 20mm-400 02-912-301 576/285.96
1 oz. (30mL) 24mm-400 02-911-946 280/264.12
2 oz. (60mL) 28mm-400 02-911-947 240/253.97
4 oz. (125mL) 33mm-400 02-911-887 120/242.00
8 oz. (250mL) 43mm-400 02-912-297 84/162.87
16 oz. (500mL) 48mm-400 02-911-877 40/101.16
32 oz. (1000mL) 58mm-400 02-911-884 24/104.99

Fisherbrand* Clear Glass 
Tablet Squares
Packed with caps attached

• Available in capacities of 1 oz. and 2 oz. and screw 
cap size of 33mm-400

Capacity Screw Cap Size Cat. No.  Case of
With Poly-Seal*-lined Caps
1 oz. (30mL) 33mm-400 02-911-993 288/410.54
2 oz. (60mL) 33mm-400 02-912-308 144/120.47
With Polyvinyl-lined Caps
1 oz. (30mL) 33mm-400 02-911-881 288/354.20
With PTFE-faced, PE-lined Caps
2 oz. (60mL) 33mm-400 02-911-994 288/433.94
2 oz. (60mL) 33mm-400 02-911-995 144/257.55
Bottles Only
2 oz. (60mL) 33mm-400 02-912-296 144/105.00

ON THE WEB…

Looking for Caps? Visit our website for a complete selection.

Visit www.fishersci.com and search for Caps
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Glass Bottles and Jars
Graduated Medium Rounds

Graduated Medium Rounds

Fisherbrand* Graduated Valumetric* Bottles
Store a variety of liquids and solids — dry powders, specimens and soil samples

• Printed graduations show milliliters and fluid ounces for general mixing and 
measuring applications

• Wide mouth for easy entry and retrieval during storage and packaging  
applications

• Clear glass allows for easy viewing of contents

With PE Cone-Lined Caps
Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 33mm-400 02-911-463 48/95.14
1 oz. (30mL) 33mm-400 02-911-470 432/907.12
2 oz. (60mL) 38mm-400 02-911-464 48/108.32
2 oz. (60mL) 38mm-400 02-911-471 288/778.51

With Polyvinyl-Lined Caps
Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 33mm-400 02-911-453 48/122.18
1 oz. (30mL) 33mm-400 02-911-465 432/1059.02
2 oz. (60mL) 38mm-400 02-911-454 48/131.21
2 oz. (60mL) 38mm-400 02-911-466 288/1278.16
4 oz. (125mL) 48mm-400 02-911-455 24/81.30
4 oz. (125mL) 48mm-400 02-911-467 144/523.22
8 oz. (250mL) 58mm-400 02-911-456 24/101.75
8 oz. (250mL) 58mm-400 02-911-468 96/527.16
16 oz. (500mL) 70mm-400 02-911-457 24/146.95
16 oz. (500mL) 70mm-400 02-911-469 48/330.37

With PTFE-Faced, PE-Lined Caps
• Lined caps attached

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 33mm-400 02-911-458 48/167.03
2 oz. (60mL) 38mm-400 02-911-459 48/219.98
4 oz. (125mL) 48mm-400 02-911-460 24/156.44
8 oz. (250mL) 58mm-400 02-911-461 24/185.50
16 oz. (500mL) 70mm-400 02-911-462 24/235.89

With Rubber-Lined Caps
• Lined caps attached
• Caps are autoclavable

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 33mm-400 02-911-473 48/128.18
2 oz. (60mL) 38mm-400 02-911-474 48/134.51
4 oz. (125mL) 48mm-400 02-911-475 24/99.76
8 oz. (250mL) 58mm-400 02-911-476 24/118.40
16 oz. (500mL) 70mm-400 02-912-303 24/128.94

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 33mm-400 02-911-941 432/392.95
2 oz. (60mL) 38mm-400 02-912-255 288/326.36
4 oz. (125mL) 48mm-400 02-912-256 144/183.26
8 oz. (250mL) 58mm-400 02-912-257 96/156.52
16 oz. (500mL) 70mm-400 02-912-119 48/108.24

Bottles Only (Without Closures)

With Foil-Lined Caps
• Lined caps attached

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 33mm-400 02-911-923 48/103.96
2 oz. (60mL) 38mm-400 02-911-924 48/121.94
4 oz. (125mL) 48mm-400 02-911-925 24/92.86
8 oz. (250mL) 58mm-400 02-911-926 24/97.16
16 oz. (500mL) 70mm-400 02-911-911 24/140.90

ON THE WEB…

Looking for Caps? Visit our website for a complete selection.

Visit www.fishersci.com and search for Caps
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Glass Bottles and Jars
Jars/Media

Jars

Fisherbrand* Clear Glass  
Testing Jars
Available with caps and as jar only

• Capacity: 2 oz.
• Screw cap size: 43mm-400

Capacity Screw Cap Size Cat. No.  Case of 180
With Polyvinyl-lined Caps
2 oz. (60mL) 43mm-400 02-911-883 623.22
With PTFE-faced, PE-lined Caps
2 oz. (60mL) 43mm-400 02-911-964 419.23
Jars Only
2 oz. (60mL) 43mm-400 02-912-116 119.23

Fisherbrand* Clear Straight-Sided Jars
Premium quality and outstanding value

• Clear for easy viewing of contents
• Straight sides allow for complete removal 

of contents
• Wide mouth for easy filling

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 43mm-400 02-911-920 48/162.03
2 oz. (60mL) 53mm-400 02-911-773 24/79.18
4 oz. (125mL) 58mm-400 02-911-775 24/86.45
8 oz. (250mL) 70mm-400 02-911-776 12/71.60
16 oz. (500mL) 89mm-400 02-911-772 12/83.78
32 oz. (1000mL) 89mm-400 02-911-774 12/105.03

Fisherbrand Clear Straight-Sided Jars  
with Polyvinyl-Lined Closures

Fisherbrand Clear Straight-Sided Jars  
with PTFE-Faced PE-Lined Closures

Fisherbrand Clear Straight-Sided Jars  
with Rubber-Lined Closures

Fisherbrand Clear Straight-Sided Jars without Closures

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 43mm-400 02-911-912 48/227.69
1 oz. (30mL) 43mm-400 02-912-306 384/1001.01
2 oz. (60mL) 53mm-400 02-911-763 24/137.20
2 oz. (60mL) 53mm-400 02-911-791 144/431.54
4 oz. (125mL) 58mm-400 02-911-764 24/152.80
8 oz. (250mL) 70mm-400 02-911-765 12/140.20
16 oz. (500mL) 89mm-400 02-911-761 12/162.41
32 oz. (1000mL) 89mm-400 02-911-762 12/183.65

Capacity Screw Cap Size Cat. No.  Case of 24
4 oz. (125mL) 58-400mm 02-912-345 95.53

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 43mm-400 02-912-304 384/208.97
2 oz. (60mL) 53mm-400 02-911-996 144/163.95
4 oz. (125mL) 58mm-400 02-911-997 24/31.26
8 oz. (250mL) 70mm-400 02-911-876 12/21.38
16 oz. (500mL) 89mm-400 02-912-118 12/42.92
32 oz. (1000mL) 89mm-400 02-912-305 12/52.11

Fisherbrand* Amber Straight-Sided Jars
For light-sensitive soil samples and environmental applications

• Type III soda-lime glass
• Straight sides allow for complete removal of 

contents
• Wide mouth for easy filling

Capacity Screw Cap Size Cat. No.  Case of
With PTFE-faced PE-lined Caps
4 oz. (125mL) 58mm-400 02-912-045 24/103.62
8 oz. (250mL) 70mm-400 02-911-859 12/77.70
Jars Only
4 oz. (125mL) 58mm-400 02-912-298 24/43.38

Media

Fisherbrand* Reusable Glass  
Media Bottles with Cap
Convenient wide opening

• Enhanced graduations
• Permanent white enamel marking spot
• GL 45 screw thread
• Clear (natural), drip-free, replaceable polypropylene 

pour ring 
• Linerless
• Autoclavable (to 140°C)
• Polypropylene cap

Capacity Graduation Range Cat. No.  Case of
100mL 20 to 80mL FB-800-100 10/79.13
250mL 50 to 200mL FB-800-250 10/87.93
500mL 100 to 400mL FB-800-500 10/105.12
1000mL 100 to 900mL FB-800-1000 10/127.85
2000mL 400 to 1800mL FB-800-2000 1/33.66
5000mL 1000 to 4000mL FB-800-5000 1/111.50
10,000mL 2000 to 8000mL FB-800-10000 1/192.48
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Glass Bottles and Jars/Plastic Bottles and Jars
Jugs/Boston Rounds/Cylinder Rounds/Jars

Jugs

Fisherbrand* Clear Glass Jugs
Sample visibility and premium quality

• Narrow mouth enables careful pouring and prevents spillage
• 38mm-400 screw caps attached

Capacity Cap Lining Cat. No.  Case of
64 oz. (2000mL) PE Cone 02-912-307 6/54.56
130 oz. (3840mL) PE Cone 02-912-272 4/54.28
64 oz. (2000mL) Polyvinyl 02-912-279 6/105.54
130 oz. (3840mL) Polyvinyl 02-912-273 4/78.58
64 oz. (2000mL) PTFE-faced polyethylene 02-912-280 6/73.67
130 oz. (3840mL) PTFE-faced polyethylene 02-912-278 4/70.58
64 oz. (2000mL) Rubber 02-912-275 6/42.30
130 oz. (3840mL) Rubber 02-912-274 4/36.81

Fisherbrand* Amber Glass Jugs
Protect light-sensitive materials at an economical cost

• Narrow mouth enables careful pouring and prevents  
spillage

• 38mm-400 screw caps attached

Capacity Cap Lining Cat. No.  Case of
130 oz. (3840mL) PE Cone 02-911-862 4/50.27
130 oz. (3840mL) Polyvinyl 02-912-277 4/75.24
80 oz. (2365mL) PTFE-faced polyethylene 02-912-271 6/76.75
130 oz. (3840mL) PTFE-faced polyethylene 02-912-276 4/78.45
130 oz. (3840mL) Rubber 02-912-270 4/36.26

Plastic Bottles and Jars

Fisherbrand* LDPE Boston Rounds
• Constructed of low-density polyethylene
• Natural color
• PE Cone-lined caps included

Capacity Screw Cap Size Cat. No.  Case of
0.5 oz. (15mL) 15mm-415 02-911-968 48/59.83
1 oz. (30mL) 18mm-410 02-912-015 48/73.81
2 oz. (60mL) 18mm-410 02-911-965 48/85.66
4 oz. (125mL) 24mm-410 02-911-966 48/112.07
8 oz. (250mL) 24mm-410 02-911-967 48/195.87
16 oz. (500mL) 28mm-400 02-911-909 24/98.91
32 oz. (1000mL) 38mm-430 02-911-873 24/207.91

Fisherbrand* HDPE Cylinder Rounds
Ideal for storing, shipping, and packaging liquids for long periods

• Rigid and translucent
• Shoulder permits pouring of small  

quantities without spilling
• Narrow mouth  
• Natural color
• With or without caps

Capacity Screw Cap Size Cat. No.  Case of
With Polyethylene Foam-lined Closures
2 oz. (60mL) 24mm-410 02-911-979 48/61.93
2 oz. (60mL) 24mm-410 02-912-112 800/412.96
4 oz. (125mL) 24mm-410 02-911-980 48/100.37
8 oz. (250mL) 24mm-410 02-911-981 48/88.03
8 oz. (250mL) 24mm-410 02-911-962 230/220.84
16 oz. (500mL) 24mm-410 02-911-982 24/102.75
16 oz. (500mL) 24mm-410 02-912-293 180/201.41
32 oz. (1000mL) 24mm-410 02-911-983 12/57.17
32 oz. (1000mL) 28mm-400 02-912-294 77/134.91
Without Closures
4 oz. (125mL) 24mm-410 02-911-989 425/208.21
8 oz. (250mL) 24mm-410 02-911-963 230/142.01
16 oz. (500mL) 24mm-410 02-911-800 180/412.08
32 oz. (1000mL) 28mm-400 02-911-988 162/157.64

Fisherbrand* Polypropylene Jars
With or without caps

• Natural color

Boston Rounds

Cylinder Rounds

Jars

Capacity Screw Cap Size Cat. No.  Case of
With Linerless Caps
1 oz. (30mL) 43-400mm 02-912-025 72/90.38
2 oz. (60mL) 43-400mm 02-912-026 48/96.88
4 oz. (125mL) 58-400mm 02-912-028 36/74.43
8 oz. (250mL) 89-400mm 02-912-029 36/119.82
16 oz. (500mL) 89-400mm 02-912-024 24/109.33
32 oz. (1000mL) 120-400mm 02-912-027 24/201.80
Jars Only
2 oz. (60mL) 53-400mm 02-912-260 546/224.49
4 oz. (125mL) 58-400mm 02-912-261 432/224.31
8 oz. (250mL) 89-400mm 02-912-258 112/167.27
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Plastic Bottles and Jars
Jars/Jugs/Narrow Mouth, Round/Wide Mouth, Round

Fisherbrand* Wide-Mouth  
Polypropylene Jars
Higher temperature resistance than LDPE or 
HDPE

• Handle up to 135°C (275°F) for short periods 
and 100°C (212°F) continuously

• Brittleness temperature of 0°C (32°F)
• Rigid walls
• Excellent chemical resistance
• Can be sterilized by all normal methods, 

except dry heat and radiation

Capacity Screw Cap Size Cat. No.  Pack of
1 oz. (30mL) 43mm 02-891A 72/106.32
2 oz. (60mL) 53mm 02-891B 48/93.78
4 oz. (125mL) 70mm 02-891C 36/105.35
8 oz. (250mL) 89mm 02-891D 36/137.90
16 oz. (500mL) 89mm 02-891E 24/121.36
32 oz. (1000mL) 120mm 02-891F 24/197.87

Fisherbrand* HDPE Jugs
Made of high density polyethylene

• Available as round- or square-shaped

Type Capacity Screw Cap Size Cat. No.  Case of
Round 0.5 gal. (2L) 38mm-400 02-912-115 40/243.07
Square 1 gal. (4L) 38mm-400 02-911-992 4/65.53

Fisherbrand* Leakproof HDPE  
Narrow-Mouth Bottles
Economical bottles with a double-seal, 
leakproof closure

• Translucent HDPE
• Narrow mouth
• No drip lip ensures safe, clean pouring
• Linerless screw caps attached

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20-410mm 02-912-319 72/88.44
2 oz. (60mL) 20-410mm 02-912-320 72/90.13
4 oz. (125mL) 24-410mm 02-912-321 72/100.05
8 oz. (250mL) 24-410mm 02-912-322 72/134.44
16 oz. (500mL) 28-410mm 02-912-323 48/140.26
32 oz. (1000mL) 38-430mm 02-912-324 24/99.64

Jugs

Narrow Mouth, Round

Fisherbrand* Narrow-Mouth Field Sample 
Bottles
Bulk-packaged for convenient liquid sampling, transport 
and storage 

• HDPE for excellent chemical resistance 
• Rigid and translucent
• Ideal for field sampling

Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 24mm 02-895A 500/431.86
8 oz. (250mL) 24mm 02-895B 250/312.99
16 oz. (500mL) 28mm 02-895C 125/315.17
32 oz. (1000mL) 38mm-430 02-895D 50/167.54

Wide Mouth, Round

Fisherbrand* Amber HDPE  
Narrow-Mouth Bottles
Protect light-sensitive materials during sampling, 
shipping or storage

• Amber high-density polyethylene
• Available in various capacities

Capacity Screw Cap Size Cat. No.  Pack of  Case of
4 oz. (125mL) 24mm 03-007-46 12/18.71 6 Pk./84.29
8 oz. (250mL) 24mm 03-007-47 12/23.22 6 Pk./119.07
16 oz. (500mL) 28mm 03-007-48 12/56.61 4 Pk./150.97
32 oz. (1L) 38mm-430 03-007-49 6/15.10 4 Pk./40.26
64 oz. (2L) 38mm-430 03-007-50 1/9.65 6 Pk./38.55

Fisherbrand* LDPE Wide-Mouth 
Bottles
Ungraduated, translucent for better visibility

• Virtually unbreakable, yet very flexible
• Chemically resistant to most weak and strong acids and 

organic solvents, but can be slowly attacked by strong oxi-
dizing agents and some solvents that can cause softening 
and swelling

• Maximum use temperature 80°C (176°F) with brittleness temperature of 
-100°C (-148°F)

• Bottles can be radiation, gas, EtO or chemically sterilized; not autoclavable

Capacity Screw Cap Size Cat. No.  Pack of  Case of
1 oz. (30mL) 28mm 02-896-1A 12/27.37 6 Pk./109.52
2 oz. (60mL) 28mm 02-896-1B 12/28.46 6 Pk./113.82
4 oz. (125mL) 38mm 02-896-1C 12/34.63 6 Pk./138.54
8 oz. (250mL) 43mm 02-896-1D 12/46.07 6 Pk./184.31
16 oz. (500mL) 53mm 02-896-1E 12/73.34 4 Pk./195.58
32 oz. (1000mL) 63mm 02-896-1F 6/73.85 4 Pk./196.93
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Plastic Bottles and Jars
Wide Mouth, Round

Fisherbrand* Wide-Mouth Graduated LDPE 
Bottles
Provide easy filling and pouring

• Translucent for better visibility
• Virtually unbreakable, yet flexible
• Ideal for general storage of liquids 

and powders
• Chemically resistant to most weak 

and strong acids and organic 
solvents

• Maximum use temperature: 80°C 
(176°F)

• Can be radiation, gas, EtO or chemically sterilized

Caps
• Polypropylene caps have valve-seal design for perfect, leakproof fit with 

molded pouring lip and seal
• Deep square threads withstand vibration and help prevent cap back-off 
• Ribbed caps provide good grip for tight closure and easy opening
• Inner surfaces are smooth and rounded for thorough emptying and cleaning 
• Protruding neck ring under cap holds shrink-wrap securely in place

Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 38mm 03-415-500 12/42.65
8 oz. (250mL) 45mm 03-415-501 12/63.61
16 oz. (500mL) 53mm 03-415-502 6/59.19
32 oz. (1000mL) 53mm 03-415-503 6/86.63

Fisherbrand* HDPE Round Bottles

Rigid, translucent bottles

• Leakproof†

• Higher temperature-use rating than 
LDPE—up to 120°C (248°F) for short 
periods and 110°C (230°F) for continu-
ous use

• Brittleness temperature at -100°C 
(-148°F)

• Bottles may be radiation, EtO or chemi-
cally sterilized

• Not autoclavable

Capacity Screw Cap Size Cat. No.  Pack of  Case of
1 oz. (30mL) 28mm 02-896-2A 12/28.17 6 Pk./112.70
2 oz. (60mL) 28mm 02-896-2B 12/28.83 6 Pk./115.32
4 oz. (125mL) 38mm 02-896-2C 12/34.68 6 Pk./138.73
8 oz. (250mL) 43mm 02-896-2D 12/48.38 6 Pk./193.51
16 oz. (500mL) 53mm 02-896-2E 12/78.15 4 Pk./208.40
32 oz. (1000mL) 63mm 02-896-2F 6/78.55 4 Pk./209.46

† Fisher Scientific assigns the term “leakproof” to bottle/closure systems with closures 
smaller than 100mm after they are filled with water, are inverted, and withstand air  
pressure of 2psig for 2 minutes; or to bottle/closure systems of 100 or 120mm after they 
are filled with water and inverted for 15 minutes, and no water escapes. Note: These 
tests, using other liquids, may not yield the same results. To ensure safe usage, Fisher 
Scientific advises customers to test Fisherbrand bottles and closures under conditions  
of their planned applications.

Fisherbrand* Wide-Mouth Field 
Sample Bottles
Bulk-packaged for convenient liquid sampling, transport  
and storage 

• Excellent chemical resistance 
• Rigid and translucent

Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 38mm 02-895-1A 500/495.72
8 oz. (250mL) 43mm 02-895-1B 250/349.43
16 oz. (500mL) 53mm 02-895-1C 125/271.42
32 oz. (1000mL) 63mm 02-895-1D 50/165.66

Fisherbrand* Amber HDPE Wide-Mouth 
Bottles
Reduce UV light transmission to protect 
light-senstive liquids

• Amber high-density polyethylene
• Wide mouth allows easy retrieval of 

grab samples and reduces turbulence 
when filling

Capacity Screw Cap Size Cat. No.  Pack of  Case of
2 oz. (60mL) 28mm 03-007-51 12/23.23 6 Pk./92.92
4 oz. (125mL) 38mm 03-007-52 12/25.44 6 Pk./101.79
8 oz. (250mL) 43mm 03-007-53 12/38.79 6 Pk./155.16
16 oz. (500mL) 53mm 03-007-54 12/52.77 4 Pk./140.72
32 oz. (1000mL) 63mm 03-007-55 6/60.43 4 Pk./161.14

Fisherbrand* Polypropylene  
Wide-Mouth Bottles
Higher temperature resistance than LDPE 
or HDPE

• Handle up to 135°C (275°F) for short 
periods and 100°C (212°F) continuously

• Brittleness temperature of 0°C (32°F)
• Rigid walls
• Excellent chemical resistance
• Can be sterilized by all normal methods, 

except dry heat and radiation

Capacity Screw Cap Size Cat. No.  Pack of  Case of
1 oz. (30mL) 28mm 02-896A 12/30.19 6 Pk./120.76
2 oz. (60mL) 33mm 02-896B 12/30.91 6 Pk./123.64
4 oz. (125mL) 38mm 02-896C 12/40.93 6 Pk./163.71
8 oz. (250mL) 45mm 02-896D 12/63.17 6 Pk./252.67
16 oz. (500mL) 55mm 02-896E 12/98.78 4 Pk./263.42
32 oz. (1000mL) 65mm 02-896F 6/99.17 4 Pk./264.47

Wide Mouth, Round, Contd.
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Plastic Bottles and Jars
Wide Mouth, Round

Fisherbrand* Graduated Polypropylene 
Laboratory Bottles
Ideal for storing a wide variety of liquids  
and solids

• Wide mouth provides easy filling
• Autoclavable
• Chemical resistant
• Leakproof†

• Clear polypropylene allows easy viewing of fluid level
• Printed graduations show milliliters and fluid ounces, allowing estimation  

of volumes remaining
• Large white marker space for easy labeling
• Supplied with screw caps

Capacity Closure Size Cat. No.  Pack of
4 oz. (125mL) 38mm 03-405-31 12/46.07
8 oz. (250mL) 45mm 03-405-32 12/58.83
16 oz. (500mL) 55mm 03-405-33 12/68.79
32 oz. (1000mL) 65mm 03-405-34 6/39.51

† Fisher Scientific assigns the term “leakproof” to bottle/closure systems with closures 
smaller than 100mm after they are filled with water, are inverted, and withstand air  
pressure of 2psig for 2 minutes; or to bottle/closure systems of 100 or 120mm after they 
are filled with water and inverted for 15 minutes, and no water escapes. Note: These 
tests, using other liquids, may not yield the same results. To ensure safe usage, Fisher 
Scientific advises customers to test Fisherbrand bottles and closures under conditions  
of their planned applications.

Bottles Only (Without Closures)

Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 38mm-400 02-911-886 500/617.30
8 oz. (250mL) 53mm-400 02-912-105 260/296.58
16 oz. (500mL) 53mm-400 02-912-110 137/210.91
32 oz. (1000mL) 53mm-400 02-912-023 72/468.22
130 oz. (3840mL) 89mm-400 02-911-874 4/47.17

Fisherbrand* Wide-Mouth PTFE Bottles
With machine-finished, heavy-wall, wide-mouth PTFE screw closures for 
easy cleaning

• Nonstick; airtight 
• Temperature-, chemical- and 

corrosion-resistant 
• Withstand temperatures from -270° 

to +260°C  
(-454° to +500°F) 

Capacity Neck Dia. Height Cat. No.  Each
0.03 oz. (1mL) 10mm 27mm 02-617-13 30.27
0.18 oz. (5mL) 10mm 35mm 02-617-14 35.89
0.31 oz. (10mL) 12mm 35mm 02-617-15 38.61
1.18 oz. (25mL) 19mm 61mm 02-617-16 48.38
1.68 oz. (50mL) 25mm 76mm 02-617-17 62.05
3.5 oz. (100mL) 35mm 88mm 02-617-18 84.89
8 oz. (250mL) 42mm 115mm 02-617-19 115.04
16 oz. (500mL) 52mm 150mm 02-617-20 214.89
32 oz. (1000mL) 57mm 185mm 02-617-21 271.09
64 oz. (2000mL) 60mm 240mm 02-617-22 406.16

Fisherbrand* HDPE Wide-Mouth  
Round Bottles
Good for storing solids or liquids

• Translucent HDPE
• Wide mouth for easy filling

With Foamed PE-Lined Caps

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 28-400mm 02-912-037 48/99.70
1 oz. (30mL) 28-400mm 02-912-104 1650/747.41
2 oz. (60mL) 33-400mm 02-912-031 48/42.03
2 oz. (60mL) 33-400mm 02-912-019 950/666.30
4 oz. (125mL) 38-400mm 02-912-032 48/119.62
4 oz. (125mL) 38-400mm 02-912-021 500/417.17
8 oz. (250mL) 53-400mm 02-912-034 48/70.26
8 oz. (250mL) 53-400mm 02-912-022 260/300.03
16 oz. (500mL) 53-400mm 02-912-030 24/52.64
16 oz. (500mL) 53-400mm 02-912-018 137/195.34
32 oz. (1000mL) 53-400mm 02-912-038 12/67.20
32 oz. (1000mL) 53-400mm 02-912-020 72/143.53
64 oz. (2000mL) 89-400mm 02-912-033 6/80.09
64 oz. (2000mL) 89-400mm 02-911-990 75/307.99
96 oz. (3000mL) 89-400mm 02-912-035 4/62.13
96 oz. (3000mL) 89-400mm 02-912-103 33/148.18
130 oz. (3840mL) 89-400mm 02-912-036 4/47.35

Fisherbrand* HDPE  
Wide-Mouth Oblong Bottles
• Natural color

Bottles Only (Without Closures)

Capacity Screw Cap Size Cat. No.  Case of
5 oz. (160mL) 38mm-400 02-912-106 400/244.22
16 oz. (500mL) 43mm-400 02-912-107 160/213.06
32 oz. (1000mL) 53mm-400 02-912-108 116/228.51

With Foamed PE-Lined Caps

Made of high-density polyethylene

Capacity Screw Cap Size Cat. No.  Case of
2 oz. (60mL) 33-400mm 02-911-977 48/50.67
2 oz. (60mL) 33-400mm 02-911-978 950/653.29
4 oz. (125mL) 38-400mm 02-911-952 48/95.68
4 oz. (125mL) 38-400mm 02-911-953 500/438.16
5.5 oz. (160mL) 38-400mm 02-911-954 48/65.59
8 oz. (250mL) 43-400mm 02-911-957 48/80.22
8 oz. (250mL) 43-400mm 02-911-956 250/328.25
16 oz. (500mL) 43-400mm 02-911-959 168/279.26
16 oz. (500mL) 43-400mm 02-911-960 24/61.21
32 oz. (1000mL) 53-400mm 02-911-948 116/342.21
32 oz. (1000mL) 53-400mm 02-911-949 12/44.61
42 oz. (1250mL) 53-400mm 02-911-950 6/31.91
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Plastic Bottles and Jars/Pre-Cleaned
Wide Mouth, Round/Wide, Mouth, Square/Glass – Custom/Glass – Certified

Fisherbrand* Clear PET  
Wide-Mouth Packers
PET wide-mouth packers are available in capacities of 60, 
125, 250mL

• Foamed PE- or PTFE-lined caps attached

Capacity Screw Cap Size Cat. No.  Case of
With Foamed PE-lined Caps
2 oz. (60mL) 33mm-400 02-911-849 48/23.81
4 oz. (120mL) 38mm-400 02-911-795 48/23.38
8 oz. (250mL) 45mm-400 02-911-808 48/118.26
With PTFE-lined Caps
4 oz. (125mL) 38mm-400 02-912-350 576/1205.67

Fisherbrand* Graduated  
Square HDPE Bottles
Save valuable shelf space — while provid-
ing greater materials storage

• Graduated in mL
• Wide mouth for convenient cleaning, 

sample  
filling and retrieval 

• HDPE screw cap with LDPE inner secu-
rity seal eliminates leaks 

• Attachment holes on closure and bottle shoulder permit attachment of 
identification tag or custody seal

Capacity Neck I.D. Cat. No.  Pack of  Case of
0.87 oz. (25mL) 19mm 03-311-3A 10/16.10 ----
1.7 oz. (50mL) 23mm 03-311-3B 10/19.92 10 Pk./168.54
3.37 oz. (100mL) 35mm 03-311-3C 10/33.75 10 Pk./285.49
8 oz. (250mL) 35mm 03-311-3D 10/36.79 10 Pk./311.67
16 oz. (500mL) 50mm 03-311-3E 6/32.27 6 Pk./164.09
32 oz. (1000mL) 60mm 03-311-3F 6/54.17 4 Pk./183.69
64 oz. (2000mL) 60mm 03-311-3G 6/108.12 2 Pk./182.58

Wide Mouth, Round, Contd.

Glass – Certified

Glass – Custom

Wide Mouth, Square

Pre-Cleaned

Fisherbrand* Custom Cleaned  
Clear Boston Rounds
Containers and caps are noncertified and precleaned 
with USP purified water 

• With attached PTFE-faced, PE-lined caps
• Containers and caps are noncertified and precleaned 

with USP Purified Water for visible particulates in a 
clean process area

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 20mm-400 02-912-009 48/117.41
2 oz. (60mL) 20mm-400 02-912-010 24/71.22
4 oz. (125mL) 22mm-400 02-912-011 24/85.21
8 oz. (250mL) 24mm-400 02-912-012 12/49.64
16 oz. (500mL) 28mm-400 02-912-013 12/69.97
32 oz. (1000mL) 33mm-400 02-912-014 12/99.08

Fisherbrand* Custom Cleaned  
Amber Wide-Mouth Packers
With PTFE-faced, PE-lined caps attached

• Containers and caps are noncertified and 
precleaned with USP Purified Water for visible 
particulates in a clean process area

Capacity Screw Cap Size Cat. No.  Case of
2 oz. (60mL) 33mm-400 02-911-930 24/60.45
4 oz. (125mL) 38mm-400 02-911-932 24/69.88
8 oz. (250mL) 45mm-400 02-911-933 24/78.24
16 oz. (500mL) 53mm-400 02-911-929 12/45.38
32 oz. (1000mL) 53mm-400 02-911-931 12/57.64

Fisherbrand* Custom Cleaned  
Amber Boston Rounds
With attached PTFE-faced, PE-lined closures

• Containers and caps are noncertified and 
precleaned with USP Purified Water for visible 
particulates in a clean process area

Capacity Screw Cap Size Cat. No.  Case of
2 oz. (60mL) 20mm-400 02-911-999 24/72.92
4 oz. (125mL) 22mm-400 02-912-001 24/85.12
8 oz. (250mL) 24mm-400 02-912-002 12/48.73
16 oz. (500mL) 28mm-400 02-911-998 12/70.48
32 oz. (1000mL) 33mm-400 02-912-000 12/97.04

Fisherbrand* Certified Clean  
Amber Boston Rounds
Available with PTFE-faced, PE-lined caps

• Available in capacities of 8 oz. (250mL) and 34 
oz. (1000mL)

• Cleaned per EPA guidelines for semi-volatiles, 
pesticides, PCBs and metals

Capacity Screw Cap Size Cat. No.  Case of 12
8 oz. (250mL) 24mm-400 02-911-928 34.28
34 oz. (1000mL) 33mm-400 02-911-833 60.30
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Pre-Cleaned
Glass – Certified/ Glass – Certified Low-Particulate/Plastic – Pre-Cleaned

Glass – Certified Low-Particulate
Plastic – Pre-Cleaned

Fisherbrand* Certified Clean  
Amber Wide-Mouth Packers
• With PTFE-faced PE-lined caps

Capacity Screw Cap Size Cat. No.  Case of
1 oz. (30mL) 28-400mm 02-912-004 24/76.20
2 oz. (60mL) 33-400mm 02-912-005 24/92.45
4 oz. (125mL) 38-400mm 02-912-007 12/54.37
8 oz. (250mL) 45-400mm 02-912-008 12/66.20
17 oz. (500mL) 53-400mm 02-912-003 12/80.37
34 oz. (1000mL) 43-400mm 02-912-006 12/110.48

Fisherbrand* Certified Clean Clear Glass 
Straight-Sided Jars
With attached caps

• Cleaned per EPA guidelines for Semi-Volatiles, 
Pesticides, PCBs and Metals

Capacity Screw Cap Size Cat. No.  Case of
2 oz. (60mL) 53-400mm 02-912-309 24/200.92
4 oz. (125mL) 58-400mm 02-912-310 24/207.19
8 oz. (250mL) 70-400mm 02-912-311 24/153.28
16 oz. (500mL) 89-400mm 02-912-312 12/146.65
32 oz. (1000mL) 89-400mm 02-912-313 12/191.79

Fisherbrand* Certified Low-Particulate 
Clear Boston Rounds
Narrow-mouth bottles with attached polyvinyl-lined 
closures

• With PTFE-lined caps
• Containers and caps are cleaned to five particles or less 

per milliliter at 0.5 microns with USP Purified Water or 
Water for Injection in a Class 100/10 cleanroom

Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 22mm-400 02-911-889 24/352.44
8 oz. (250mL) 24mm-400 02-911-892 12/175.99
16 oz. (500mL) 28mm-400 02-911-879 12/213.43
32 oz. (1000mL) 33mm-400 02-911-914 12/253.54

Fisherbrand* Certified  
Low-Particulate Clear  
French Squares
With PTFE-lined caps

• Containers and caps are cleaned to five particles or less 
per milliliter at 0.5 microns with USP Purified Water or 
Water for Injection in a Class 100/10 cleanroom

Capacity Screw Cap Size Cat. No.  Case of
4 oz. (125mL) 33mm-400 02-911-890 24/321.68
8 oz. (250mL) 43mm-400 02-911-893 24/379.36
32 oz. (1000mL) 58mm-400 02-911-885 12/415.51

Fisherbrand* Certified Low-Particulate 
Graduated Valumetric* Bottles
With polyvinyl caps

• With PTFE-lined or PTFE-faced  
PE-lined caps

• Containers and caps are 
cleaned to five particles or less 
per milliliter at 0.5 microns with 
USP Purified Water or Water 
for Injection in a Class 100/10 
cleanroom 

• Custom processing, packaging 
and certification available by 
special request

Capacity Screw Cap Size Cat. No.  Case of
With PTFE Caps
1 oz. (30mL) 33mm-400 02-911-865 48/627.96
2 oz. (60mL) 38mm-400 02-911-866 48/671.15
4 oz. (125mL) 48mm-400 02-912-039 24/364.76
8 oz. (250mL) 58mm-400 02-912-040 24/428.21
16 oz. (500mL) 70mm-400 02-911-880 24/511.80
With PTFE-faced PE-lined Caps
4 oz. (125mL) 48mm-400 02-912-314 24/171.35
8 oz. (250mL) 58mm-400 02-912-315 24/171.26
16 oz. (500mL) 70mm-400 02-912-316 24/207.73

Fisherbrand* Pre-Cleaned Plastic Containers
Certified for Background Contaminants

For use with samples and materials that cannot be contaminated by the 
container they are placed in. In highly specialized testing or applications, these 
compounds may have adverse effects.

• Made from HDPE
• Certified for metals, cyanide 

and fluoride
• Certificate of Analysis 

included
• Includes polypropylene cap
• F-217 foam liner
• Leakproof containers avail-

able

Capacity Cat. No. Case of
4.22 oz. (125mL) 05-719-707 72/157.11
8.45 oz. (250mL) 05-719-708 72/194.18
16.9 oz. (500mL) 05-719-709 48/153.59
33.8 oz. (1000mL) 05-719-710 24/114.60

Fisherbrand* Pre-Cleaned Wide-Mouth Leakproof Bottles

Fisherbrand* Pre-Cleaned Narrow-Mouth Leakproof Bottles

Capacity Cat. No. Case of
4.22 oz. (125mL) 05-719-711 72/152.72
8.45 oz. (250mL) 05-719-712 72/188.39
16.9 oz. (500mL) 05-719-713 48/147.79
33.8 oz. (1000mL) 05-719-714 24/105.47
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Plastic Bottles and Jars/Safety-Coated Glass Containers
Plastic – Pre-Cleaned

Fisherbrand* Pre-Cleaned Wide-Mouth Oblong Bottles

Fisherbrand* Pre-Cleaned Cylinders

Fisherbrand* Pre-Cleaned Jugs

Fisherbrand* Pre-Cleaned Straight-Sided Jars

Fisherbrand* Pre-Cleaned Wide-Mouth Jars

Fisherbrand* Pre-Cleaned Boston Round Bottles

Capacity Screw Cap Size Cat. No. Case of
4.22 oz. (125mL) 24-410 05-719-715 48/125.45
8.45 oz. (250mL) 28-410 05-719-716 24/56.00
16.9 oz. (500mL) 38-430 05-719-717 24/64.46
33.8 oz. (1000mL) 38-430 05-719-718 12/47.43

Capacity Screw Cap Size Cat. No. Case of
4.22 oz. (125mL) 38-400 05-719-719 48/62.93
8.45 oz. (250mL) 43-400 05-719-720 24/47.16
16.9 oz. (500mL) 43-400 05-719-721 24/44.29
33.8 oz. (1000mL) 43-400 05-719-722 12/43.42

Capacity Screw Cap Size Cat. No. Case of
2.02 oz. (60mL) 20-410 05-719-723 48/67.22
4.22 oz. (125mL) 24-410 05-719-724 48/150.70
8.45 oz. (250mL) 24-410 05-719-725 24/54.48
16.9 oz. (500mL) 28-410 05-719-726 24/58.55
33.8 oz. (1000mL) 28-410 05-719-727 12/42.89

Capacity Cat. No. Case of 6
0.52 gal. (2L) 05-719-728 45.55
1.05 gal. (4L) 05-719-729 40.44

Capacity Screw Cap Size Cat. No. Case of
4.22 oz. (125mL) 70-400 05-719-730 48/88.17
8.45 oz. (250mL) 89-400 05-719-731 48/140.58
16.9 oz. (500mL) 89-400 05-719-732 24/47.77
33.8 oz. (1000mL) 89-400 05-719-733 12/47.91

Capacity Screw Cap Size Cat. No. Case of
2.02 oz. (60mL) 38-400 05-719-734 48/96.92
4.22 oz. (125mL) 38-400 05-719-735 48/104.45
8.45 oz. (250mL) 48-400 05-719-736 24/78.67
16.9 oz. (500mL) 53-400 05-719-737 24/91.28
33.8 oz. (1000mL) 63-400 05-719-738 12/59.09
67.6 oz. (2000mL) 100-400 05-719-739 6/51.16
135.2 oz. (4000mL) 100-400 05-719-740 4/40.46

Safety-Coated Glass Containers

Fisherbrand*  
Safety-Coated Clear  
Boston Rounds
For field sampling applications

• Shatter-resistant coating reduces chance 
of breakage

• If broken, safety coating will contain  
contents long enough for disposal

• Non-slip coating also allows greater  
ease of stability, wet or dry

• Not autoclavable

Capacity Screw Cap Size Cat. No.  Case of
With PE Cone-lined Caps
8 oz. (250mL) 24mm-400 02-911-973 12/130.95
16 oz. (500mL) 28mm-400 02-911-971 12/174.60
32 oz. (1000mL) 33mm-400 02-911-972 12/131.50
With Polyvinyl-lined Caps
8 oz. (250mL) 24mm-400 02-911-818 12/139.28
16 oz. (500mL) 28mm-400 02-911-819 12/94.31
32 oz. (1000mL) 33mm-400 02-911-820 12/130.21
With PTFE-faced, PE-lined Caps
8 oz. (250mL) 24mm-400 02-911-821 12/74.00
16 oz. (500mL) 28mm-400 02-911-822 12/166.96
32 oz. (1000mL) 33mm-400 02-911-823 12/114.41
With Rubber-lined Caps
250mL 22mm-400 02-911-910 12/111.23
500mL 28mm-400 02-912-318 12/191.25
Bottles Only
8 oz. (250mL) 24mm-400 02-911-860 108/600.40
16 oz. (500mL) 28mm-400 02-911-921 60/231.12
32 oz. (1000mL) 33mm-400 02-911-922 30/174.63

Fisherbrand*  
Safety-Coated Amber  
Boston Rounds
Available with PE Cone-, Polyvinyl- and  
PTFE-lined closures

• Narrow-mouth

Capacity Screw Cap Size Cat. No.  Case of
With PE Cone-lined Closures
4 oz. (125mL) 22mm-400 02-911-896 24/134.95
8 oz. (250mL) 24mm-400 02-911-970 12/134.30
16 oz. (500mL) 28mm-400 02-911-969 12/89.87
32 oz. (1000mL) 33mm-400 02-911-901 12/126.57
With Polyvinyl-lined Closures
4 oz. (125mL) 22mm-400 02-911-897 24/128.03
8 oz. (250mL) 24mm-400 02-911-813 12/69.90
16 oz. (500mL) 28mm-400 02-911-812 12/95.46
32 oz. (1000mL) 33mm-400 02-911-816 12/130.12
With PTFE-lined Closures
4 oz. (125mL) 22mm-400 02-911-894 24/137.98
8 oz. (250mL) 24mm-400 02-911-815 12/73.92
16 oz. (500mL) 28mm-400 02-911-817 12/97.44
32 oz. (1000mL) 33mm-400 02-911-814 12/139.10

Plastic – Pre-Cleaned, Contd.

ON THE WEB…
Looking for Caps? Visit our website for a complete selection.

Visit www.fishersci.com and search for Caps
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Safety-Coated Glass Containers/Wash

Wash

Fisherbrand* Safety-Coated  
Amber Wide-Mouth Packers
For field sampling applications

• Shatter-resistant coating reduces chance of 
breakage

• If broken, safety coating contains contents 
long enough for disposal

• Nonslip coating also allows greater ease of 
stability when wet or dry

• Not autoclavable

Capacity Screw Cap Size Cat. No.  Case of
With Polyvinyl-lined Caps
8 oz. (250mL) 45mm-400 02-911-832 24/284.63
16 oz. (500mL) 53mm-400 02-911-828 12/122.16
32 oz. (1000mL) 53mm-400 02-911-829 12/158.12
With PTFE-faced PE-lined Caps
8 oz. (250mL) 45mm-400 02-911-863 24/193.68
16 oz. (500mL) 53mm-400 02-911-830 12/152.10
32 oz. (1000mL) 53mm-400 02-911-831 12/199.89
Bottle Only
8 oz. (250mL) 45mm-400 02-912-317 24/108.92
16 oz. (500mL) 53mm-400 02-911-906 12/79.44
32 oz. (1000mL) 53mm-400 02-911-907 12/91.31

Fisherbrand* Safety-Coated 
Clear Wide-Mouth Jars
Available with polyvinyl-lined and PTFE-faced  
PE-lined caps

• Clear glass jars with attached caps

Capacity Screw Cap Size Cat. No.  Case of 12
With Polyvinyl-lined Caps
8 oz. (250mL) 70mm-400 02-911-825 76.50
16 oz. (500mL) 70mm-400 02-911-824 194.90
32 oz. (1000mL) 89mm-400 02-911-867 244.02
With PTFE-faced PE-lined Caps
8 oz. (250mL) 70mm-400 02-911-827 214.47
16 oz. (500mL) 70mm-400 02-911-868 254.52
32 oz. (1000mL) 89mm-400 02-911-721 159.49

Fisherbrand* Safety-Labeled  
Right-to-Know Wash Bottles
Preprinted bottles

Preprinted bottles feature:
• Chemical name and formula
• Full color NFPA* Diamond
• Health hazards
• CAS V (Chemical Abstract 

Services V)
• Suggested protective clothing 

and equipment

Label Cap Cat. No.  Price
16 oz. (500mL)
Assortment Pack† N.A. 08-647-700 5 Ea./46.69
Acetone Red 08-647-701 6 Ea./53.11
Distilled Water Blue 08-647-702 6 Ea./53.11
Ethanol Natural 08-647-703 6 Ea./53.11
Isopropanol Yellow 08-647-704 6 Ea./53.11
Methanol Green 08-647-705 6 Ea./53.11
Sodium Hypochlorite (Bleach) Yellow 08-647-706 6 Ea./53.11
32 oz. (1000mL)
Distilled Water Blue 08-647-714 4 Ea./46.98
Ethanol Natural 08-647-715 4 Ea./46.98
Isopropanol Yellow 08-647-716 4 Ea./46.98
Methanol Green 08-647-717 4 Ea./46.98
Sodium Hypochlorite (Bleach) Yellow 08-647-718 4 Ea./46.98

†Assortment Pack contains one each of the following: Acetone, Ethanol, Isopropanol, Distilled 
Water and Methanol

Fisherbrand* Safety-Vented*  
Right-to-Know Wash Bottles
Dispense upright or inverted

Preprinted bottles feature:
• Chemical name and formula
• Full color NFPA* Diamond
• Health hazards
• CAS V (Chemical Abstract Services V)
• Suggested protective clothing and equipmentLabel Cap Cat. No.  Pack of 6
Assortment Pack† N.A. 08-647-707 65.19
Acetone Red 08-647-708 65.19
Distilled Water Blue 08-647-709 65.19
Ethanol Natural 08-647-710 65.19
Isopropanol Yellow 08-647-711 65.19
Methanol Green 08-647-712 65.19
Sodium Hypochlorite (Bleach) Yellow 08-647-713 65.19

Fisherbrand* 500mL Easy-Squeeze  
Wash Bottles
Easy to fill and ready to use

• Wide mouth
• Translucent and sputter-free
• With easy-to-read color-coded 

silk-screened labels
• Tips can be cut back  

to increase flow
• When not in use, bottles relieve 

internal pressure without dripping

Description Cat. No.  Case of 6
Acetone 02-897-1 38.20
Bleach 02-897-2 38.20
Deionized Water 02-897-3 38.20
Distilled Water 02-897-4 38.20
Ethanol 02-897-5 38.20
Isopropanol 02-897-6 38.20
Methanol 02-897-7 38.20
Saline 02-897-8 38.20
Soap 02-897-9 38.20
Universal 02-897-10 38.20
Water 02-897-11 38.20
Solvent Pack 02-897-12 38.20
Cleaning Pack 02-897-13 38.20

†Assortment Pack contains one each of the following: Acetone, Ethanol, Isopropanol, Distilled 
Water and Methanol
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Wash/Carboys

Fisherbrand* Solvent-Venting Wash Bottles
LDPE bottles with wide mouth  
for easy filling

• Patented two-piece venting assembly 
prevents solvent pressure buildup, 
internal evaporation and resultant 
solvent drip from the spout

• Polypropylene closures are color 
coded for quick identification

Label Description Cat. No.  Pack of 3
Acetone 03-409-37 22.58
Ethanol 03-409-36 22.58
Ethyl Acetate 03-409-30 22.58
Isopropanol 03-409-35 22.58
Methanol 03-409-33 22.58
Methyl Ethyl Ketone (MEK) 03-409-31 22.58
Unlabeled 03-409-34 22.14

Fisherbrand* Red Washing/ 
Dispensing Bottles
Red for dangerous contents

• Polyethylene bottle with integral, one-piece, molded  
polypropylene cap and nozzle to eliminate leakage

• Rigid spout permits controlled delivery: single drop or  
fine stream

• Tip may be cut back to increase flow

Fisherbrand* Translucent White 
Wash Bottles
Versatile bottles deliver single drop or fine stream

• LDPE with one-piece polypropylene screw cap and nozzle
• Tip may be cut back to increase flow

Capacity Cat. No.  Pack of  Case of
4 oz. (125mL) 03-409-22A 6/29.01 8 Pk./198.37
8 oz. (250mL) 03-409-23T 6/32.79 6 Pk./168.13
16 oz. (500mL) 03-409-22C 6/37.83 4 Pk./129.32
32 oz. (1000mL) 03-409-22D 4/25.11 3 Pk./64.40

Capacity Cat. No.  Pack of 6  Case of
8 oz. (250mL) 03-409-16A 33.31 6/170.81
16 oz. (500mL) 03-409-16B 38.13 4/130.37

Fisherbrand* Labeled Wash Bottles
Molded leakproof† polyethylene bottles with wide mouth for easy filling

• Easy-to-read, color-coded silkscreened labels ensure instant identification 
and include: 

– Department of  
Transportation (DOT) and National Fire Protection  
Association (NFPA*) codes and symbols

– Chemical Abstract Service (CAS) numbers where applicable
– Protective equipment
– Target organ information

• Inks resist chemical to be contained

Description Cat. No.  Pack of 6
Acetone 03-409-23A 31.66
Acetone (1000mL) 03-409-23Q 37.46
Bleach 03-409-23L 31.66
Deionized Water 03-409-23M 31.66
Distilled Water 03-409-23K 31.66
Ethanol 03-409-23B 31.66
Isopropanol 03-409-23C 31.66
Machine Oil 03-409-23R 31.66
Methyl Ethyl Ketone 03-409-23S 31.66
Methanol 03-409-23D 31.66
Saline 03-409-23J 31.66
Soap 03-409-23P 31.66
Toluene 03-409-23E 31.66
Universal 03-409-23N 31.66
Water 03-409-23G 31.04
Variety Pack 03-409-23H 31.66

† Fisher Scientific assigns the term “leakproof” to bottle/closure systems with closures 
smaller than 100mm after they are filled with water, are inverted, and withstand air  
pressure of 2psig for 2 minutes; or to bottle/closure systems of 100 or 120mm after they 
are filled with water and inverted for 15 minutes, and no water escapes. Note: These 
tests, using other liquids, may not yield the same results. To ensure safe usage, Fisher 
Scientific advises customers to test Fisherbrand bottles and closures under conditions  
of their planned applications.

Fisherbrand* HDPE Wide-Mouth Carboys
Wide neck allows easy access for cleaning or filling

• Chemical resistant
• Can be used at temperatures down to 

-100°C (-148°F)
• Molded handgrips allow easy lifting or 

carrying
• Leakproof†

Carboys with Spigots

Convenient dispensing and storage of stock solutions

• Spigot features spring-loaded lever action
• Will automatically shut off when released, or set in a locked position 
• Graduated in liters “To Deliver”

Capacity Closure Size Cat. No.  Each  Case of
1.25 gal. (5L) 100mm 12-565-641 145.71 6/582.81
2.625 gal. (10L) 100mm 12-565-642 160.29 6/641.14
5.25 gal. (20L) 100mm 12-565-643 271.66 4/724.42

Carboys without Spigots

Molded handgrips allow easy lifting or carrying

• Graduated in liters “To Contain”
• Wide-mouth

Capacity Closure Size Cat. No.  Each  Case of
1.25 gal. (5L) 100mm 12-565-635 66.43 6/265.71
2.625 gal. (10L) 100mm 12-565-636 85.70 6/342.83
5.25 gal. (20L) 100mm 12-565-637 130.30 4/347.49

Carboys
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Carboys/Specialty

Fisherbrand* Polypropylene 
Wide-Mouth Carboys
Wide neck with 100mm polypropylene closure  
allows easy access for cleaning or filling

• Chemical-resistant containers are autoclavable
• Molded handgrips allow easy lifting or carrying
• Leakproof†

Carboys with Spigots
• Spigot features spring-loaded lever action 
• Automatically shuts off when released, or set in a “locked” open position
• Provide convenient dispensing and storage of stock solutions
• Graduated in liters “To Deliver”

Capacity Closure Size Cat. No.  Each  Case of
1.25 gal. (5L) 100mm 12-565-638 162.48 6/649.95
2.625 gal. (10L) 100mm 12-565-639 203.19 6/812.73
5.25 gal. (20L) 100mm 12-565-640 260.12 4/693.66

Carboys without Spigots
• Graduated in liters “To Contain”

Capacity Closure Size Cat. No.  Each  Case of
2.625 gal. (10L) 100mm 12-565-633 111.74 6/447.04
5.25 gal. (20L) 100mm 12-565-634 165.94 4/442.52

Replacement Parts for Fisherbrand* Wide-Mouth Carboys

For use with Fisherbrand wide-mouth carboys

• Spigot for use with HDPE and polypropylene wide-mouth carboys

Description Cat. No.  Each  Case of 12
Spigot 12-565-644 42.78 342.19
Closure, 100mm 12-565-645 75.29 ----

Fisherbrand*  
Weighing Bottles
Two types of rugged glass bottles

• Lamp-blown glass
• Sturdy bottoms prevent chipping and facilitate 

cleaning

Approx. Capacity I.D. × H Cat. No.  Each  Pack of 12
Tall, Cylindrical Form
10mL 25 × 40mm 03-415B 64.78 536.14
16mL 25 × 50mm 03-415C 70.99 587.49
30mL 30 × 60mm 03-415E 68.05 563.22
70mL 40 × 80mm 03-415H 114.79 949.92
Low, Flat Form
35mL 50 × 30mm 03-420A 153.55 1270.65
50mL 60 × 30mm 03-420B 134.46 1112.64
82mL 70 × 33mm 03-420C 199.17 1648.21

Fisherbrand* Clear Oil  
Sample Bottle
For process sampling in the petrochemical and refinery 
industries

• Clear glass for easy viewing of contents
• 4 oz. (125mL)
• Cork plug included

Description Cat. No.  Price
Clear Oil Sample Bottle 02-911-472 718.41

Fisherbrand* LDPE  
Dispensing Bottles
Versatile, reliable bottles and spouts

• LDPE bottles and spouts with sealer caps
• Sealer snaps on easily after use and gives tight 

seal
• Spout openings are standard 0.03” (0.08cm)
• Can be enlarged by cutting back with scissors

Capacity Screw Cap Size Cat. No.  Pack of 12  Case of
0.5 oz. (15mL) 15-415mm 03-402A 15.69 4 Pk./52.96
1 oz. (30mL) 18-400mm 03-402B 16.20 4 Pk./54.73
2 oz. (60mL) 18-400mm 03-402C 18.09 4 Pk./61.45
4 oz. (125mL) 24-400mm 03-402D 23.85 3 Pk./60.68
6 oz. (180mL) 24-400mm 03-402E 27.90 3 Pk./70.68
8 oz. (250mL) 24-400mm 03-402F 32.00 3 Pk./81.58
16 oz. (500mL) 28-400mm 03-402G 45.68 2 Pk./77.63

Fisherbrand* LDPE  
Dropping Bottle
Constructed of low-density polyethylene

• Includes tip and cap

Capacity Screw Cap Size Cat. No.  Case of 48
2 oz. (60mL) 24mm-410 02-911-870 211.48

Fisherbrand* Amber Glass  
Dropping Bottles
Ideal for light-sensitive chemicals

• Amber glass protects light-sensitive chemicals
• Half-moon shape prevents rolling

Capacity Cat. No.  Case of
1 oz. (30mL) 02-983A 72/449.25
2 oz. (60mL) 02-983B 36/116.74

Specialty
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Specialty/Vials
EPA/Sample – Glass

Sample – Glass

Fisherbrand* Wash Bottles with Adjustable 
Sprayer
Handle hot/cold, aqueous/solvent-based 
solutions

• Bottle is made of high-density polyethylene
• Sprayer is polypropylene
• Trigger allows one-handed, controlled deliv-

ery with light pressure
• Engraved markings show how much fluid is 

left
• Squat shape takes up little bench space and 

ensures a low center of gravity
• 1000mL bottle dip-tube has an easy-access 

filter to prevent clogging

Capacity Cat. No.  Price
235mL 03-405A Pk. of 3/26.32
1000mL 03-405 Ea./38.86

Fisherbrand* 4 oz. Polypropylene  
Specimen Containers
Have secure screw-on lids

• Convenient 4 oz. capacity
• Marked with 10cc (mL) and 0.5 oz.  

increments up to 120cc (mL)
• Available in sterile or nonsterile
• Nonsterile container bases are 

packaged in sleeves (25 each per 
sleeve); lids are bulk packaged

• Sterile containers are individually 
wrapped with secure screw-on lids

• Identification labels are provided with each case

Cap Color Sterile Packaging Cat. No.  Case of
Blue Yes Individually Wrapped 14-828-320 100/59.87
White No Bulk; Sleeved 14-828-321 500/145.39

Vials
EPA

Fisherbrand*  
Glass EPA Vials
Packaged in partitioned trays

• Borosilicate glass 
• Clear vials for general analysis;  

amber vials for light-sensitive materials
• GPI thread, 24-400

Color Capacity O.D. × H Cat. No.  Case of 144
Precleaned with certification
Clear 1.35 oz. (40mL) 28 × 95mm 02-912-376 630.69
Amber 1.35 oz. (40mL) 28 × 95mm 02-912-377 710.67
Clear 0.67 oz. (20mL) 28 × 57mm 02-912-378 654.68
Precleaned
Clear 1.35 oz. (40mL) 28 × 95mm 02-912-379 418.06
Amber 1.35 oz. (40mL) 28 × 95mm 02-912-380 455.84
Clear 0.67 oz. (20mL) 28 × 57mm 02-912-381 489.96
Amber 0.67 oz. (20mL) 28 × 57mm 02-912-382 529.56

Fisherbrand* Economical  
Glass EPA Vials
Ideal for use in water sampling 

• Available in clear and amber Type I borosilicate glass

Capacity O.D. × H Cat. No.  Case of 72
Clear
0.67 oz. (20mL) 28 × 57mm 03-340-121 176.69
1.35 oz. (40mL) 28 × 95mm 03-340-119 171.82
Amber
0.67 oz. (20mL) 28 × 57mm 03-340-122 177.19
1.35 oz. (40mL) 28 × 95mm 03-340-120 227.30

Fisherbrand* EnviroWare* Assembled 
Borosilicate Glass EPA Vials
For the collection and storage of water samples

• Manufactured from Type I, Class A or amber 203  
borosilicate glass

• Available in clear and amber form
• With closure 
• GPI thread 24-400

Capacity O.D. × H Cat. No.  Pack of 72  Case of 6 Pk.
Clear
20mL 28 × 60mm 03-339-14C 162.10 670.77
40mL 28 × 98mm 03-339-14A 240.94 997.00
Amber
20mL 28 × 60mm 03-339-14E 192.58 796.82

Fisherbrand* Class A Clear Glass  
Threaded Vials with Attached Caps
Featured with PTFE-faced white 14B  rubber liner and 
low-density polyethylene Poly-Seal* cone liner

• General-purpose vials
• Made from Type I, Class A borosilicate glass
• Short style vials feature low profile for greater 

stability and compound storage
• Packaged in partitioned trays

Capacity Outside Dia. x Height Size Cat. No.  Case of
With PTFE-faced, white, 14B rubber liner
0.5 dr. (2mL) 0.47 × 1.37” (12 × 35mm) 8-425 14-955-316 288/911.15
0.5 dr. (2mL) 0.59 × 1.10” (15 × 28mm) 13-425 14-955-323 200/382.07
1 dr. (4mL) 0.59 × 1.77” (15 × 45mm) 13-425 14-955-327 144/196.65
1 dr. (4mL) 0.66 × 1.59” (17 × 38mm) 15-425 14-955-324 200/394.13
1.5 dr. (6mL) 0.74 × 1.57” (19 × 40mm) 15-425 14-955-325 200/407.11
2 dr. (8mL) 0.66 × 2.36” (17 × 60mm) 15-425 14-955-328 144/246.95
3 dr. (12mL) 0.74 × 2.55” (19 × 65mm) 15-425 14-955-329 144/211.11
5 dr. (20mL) 1.10 × 2.24” (28 × 57mm) 24-400 14-955-330 72/253.86
6.25 dr. (25mL) 1.10 × 2.75” (28 × 70mm) 24-400 14-955-319 72/189.86
8 dr. (30mL) 0.98 × 3.7” (25 × 95mm) 22-400 14-955-320 144/334.49
With low-density polyethylene Poly-Seal cone liner
1 dr. (4mL) 0.59 × 1.77” (15 × 45mm) 13-425 14-955-334 144/97.70
2 dr. (8mL) 0.66 × 2.36” (17 × 60mm) 15-425 14-955-326 144/107.92
3 dr. (12mL) 0.74 × 2.55” (19 × 65mm) 15-425 14-955-310 144/110.95
4 dr. (16mL) 0.82 × 2.75” (21 × 70mm) 18-400 14-955-311 144/125.71
5 dr. (20mL) 1.10 × 2.24” (28 × 57mm) 24-400 14-955-313 72/80.13
6 dr. (24mL) 0.90 × 3.34” (23 × 85mm) 20-400 14-955-312 144/146.31
6.25 dr. (25mL) 1.10 × 2.75” (28 × 70mm) 24-400 14-955-314 72/77.58
8 dr. (30mL) 0.98 × 3.7” (25 × 95mm) 22-400 14-955-315 144/156.37
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Vials
Sample – Glass

Fisherbrand* Class B Clear Glass 
Threaded Vials
General purpose vial avoids alteration in pH of sample

• Made from Type I, Class B borosilicate glass
• Autoclavable

Capacity O.D. × H GPI Thread 
Finish

Cat. No.  Pack 
of 144

 Case  
of 

0.5 dr. (1.8mL) 12 × 35mm 8-425 03-339-22A 80.41 16 Pk./887.17
1 dr. (3.7mL) 15 × 45mm 13-425 03-339-22B 65.52 16 Pk./723.03
1.5 dr. (5.5mL) 16 × 50mm 13-425 03-339-22C 94.44 16 Pk./1042.11
2 dr. (7.4mL) 17 × 60mm 15-425 03-339-22D 74.78 12 Pk./618.84
3 dr. (11.1mL) 19 × 65mm 15-425 03-339-22E 76.80 8 Pk./423.73
4 dr. (14.8mL) 21 × 70mm 18-400 03-339-22F 93.53 8 Pk./515.95
4 dr. (14.8mL) 28 × 57mm 24-400 03-339-22J 129.93 3 Pk./268.84
6 dr. (22.2mL) 23 × 85mm 20-400 03-339-22G 104.87 6 Pk./433.99
6 dr. (22.2mL) 28 × 70mm 24-400 03-339-22K 133.05 3 Pk./275.21
8 dr. (29.6mL) 25 × 95mm 22-400 03-339-22H 114.63 4 Pk./316.22
9.5 dr. (35.1mL) 28 × 95mm 24-400 03-339-22M 139.21 3 Pk./288.04
11 dr. (40.7mL) 28 × 108mm 24-400 03-339-22N 144.81 3 Pk./299.58

Fisherbrand* Class A Clear  
Glass Threaded Vials
For general-purpose applications

• Low alkali content
• Borosilicate glass vials free of calcium, magnesium and zinc

Capacity O.D. × H GPI Thread 
Finish

Cat. No. Pack  
of 144

 Case  
of

0.5 dr. (1.8mL) 12 × 35mm 8-425 03-339-25A 81.27 16 Pk./896.85
1 dr. (3.7mL) 15 × 45mm 13-425 03-339-25B 70.22 16 Pk./774.82
2 dr. (7.4mL) 17 × 60mm 15-425 03-339-25C 84.89 12 Pk./702.55
3 dr. (11.1mL) 19 × 65mm 15-425 03-339-25D 86.56 8 Pk./477.63
4 dr. (14.8mL) 21 × 70mm 18-400 03-339-25E 100.85 8 Pk./556.38
6 dr. (22.2mL) 23 × 85mm 20-400 03-339-25F 128.33 6 Pk./531.01

Fisherbrand* Class B Clear  
Glass Threaded Vials
General-purpose vial

• Made from Type I, Class B borosilicate glass
• Black phenolic screw-top closure
• GPI thread finish

Capacity O.D. × H GPI Thread 
Finish

Cat. No.  Pack 
of 144

 Case  
of

0.5 dr. (1.8mL) 12 × 35mm 8-425 03-339-21A 69.86 16 Pk./770.84
1 dr. (3.7mL) 15 × 45mm 13-425 03-339-21B 57.66 16 Pk./636.19
1.5 dr. (5.5mL) 16 × 50mm 13-425 03-339-21C 62.15 16 Pk./685.79
2 dr. (7.4mL) 17 × 60mm 15-425 03-339-21D 65.54 12 Pk./542.28
3 dr. (11.1mL) 19 × 65mm 15-425 03-339-21E 71.35 8 Pk./393.68
4 dr. (14.8mL) 21 × 70mm 18-400 03-339-21F 82.64 8 Pk./455.90
4 dr. (14.8mL) 28 × 57mm 24-400 03-339-21J 100.67 3 Pk./208.29
6 dr. (22.2mL) 23 × 85mm 20-400 03-339-21G 87.79 6 Pk./363.25
6 dr. (22.2mL) 28 × 70mm 24-400 03-339-21K 107.43 3 Pk./222.26
8 dr. (29.6mL) 25 × 95mm 22-400 03-339-21H 94.85 4 Pk./261.62
9.5 dr. (35.1mL) 28 × 95mm 24-400 03-339-21M 116.02 3 Pk./240.05
11 dr. (40.7mL) 28 × 108mm 24-400 03-339-21N 123.36 3 Pk./255.22

Fisherbrand* Class B Clear  
Glass Threaded Vials with  
Closures Attached
General-purpose vial

• Made from Type I, Class B borosilicate glass
• Attached black phenolic screw-top closures with  

polyvinyl-faced pulp liner
• GPI thread finish

Capacity O.D. × H GPI Thread 
Finish

Cat. No.  Pack  
of

 Case  
of

0.5 dr. (1.8mL) 12 × 35mm 8-425 03-338AA 144/102.76 36 Pk./2551.44
1 dr. (3.7mL) 15 × 45mm 13-425 03-338A 144/96.90 16 Pk./1069.34
1.5 dr. (5.5mL) 16 × 50mm 13-425 03-338B 144/100.67 18 Pk./1249.66
2 dr. (7.4mL) 17 × 60mm 15-425 03-338C 144/102.65 12 Pk./849.62
3 dr. (11.1mL) 19 × 65mm 15-425 03-338D 144/118.93 12 Pk./984.21
4 dr. (14.8mL) 21 × 70mm 18-400 03-338F 144/124.07 8 Pk./684.51
4 dr. (14.8mL) 28 × 57mm 24-400 03-338E 72/81.94 10 Pk./565.11
6 dr. (22.2mL) 23 × 85mm 20-400 03-338H 144/152.85 6 Pk./632.44
6 dr. (22.2mL) 28 × 70mm 24-400 03-338G 72/95.75 8 Pk./528.29
8 dr. (29.6mL) 25 × 95mm 22-400 03-338J 72/113.50 8 Pk./626.16
9.5 dr. (35.1mL) 28 × 95mm 24-400 03-338K 72/105.25 6 Pk./435.57
11 dr. (40.7mL) 28 × 108mm 24-400 03-338L 72/119.99 6 Pk./496.55

Fisherbrand* Class B Amber Glass Threaded 
Vials with Attached Caps
Packaged in partitioned trays

• General-purpose vials for light-sensitive 
materials

• Made from Type I, Class B amber borosili-
cate glass

• Autoclavable

Capacity Outside Dia. x Height  Thread Cat. No.  Case of
1 dr. (3.7mL) 0.59 × 1.77”  (15 × 45mm) 13-425 14-955-331 144/242.36
5 dr. (18.5mL) 1.10 × 2.24” (28 × 57mm) 24-400 14-955-333 72/152.25
10 dr. (37mL) 1.10 × 3.7” (28 × 95mm) 24-400 14-955-322 72/184.88

Fisherbrand* Class B Amber  
Glass Threaded Vials
General-purpose vials for light-sensitive materials

• Made from Type I, Class B amber borosilicate glass
• Autoclavable
• Black screw-top cap
• White rubber liner
• Caps packed separately

Capacity O.D. × H GPI Thread 
Finish

Cat. No.  Pack 
of 144

 Case  
of

0.5 dr. (1.8mL) 12 × 35mm 8-425 03-339-23A 92.51 16 Pk./1020.67
1 dr. (3.7mL) 15 × 45mm 13-425 03-339-23B 80.24 16 Pk./885.43
2 dr. (7.4mL) 17 × 60mm 15-425 03-339-23C 89.28 12 Pk./738.89
4 dr. (14.8mL) 21 × 70mm 18-400 03-339-23D 110.03 8 Pk./607.04
8 dr. (29.6mL) 25 × 95mm 22-400 03-339-23E 136.94 4 Pk./377.76
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Vials
Sample – Glass/Sample –Plastic/Scintillation – Glass

Scintillation – Glass

Fisherbrand* Glass Shell Vials
Straight-sided

• Made from Type 1, N-51A borosilicate glass
• Ideal for storing dry products
• Good visibility of contents

Capacity O.D. × H Cat. No.  Pack of 144  Case of
Bulk pack with Tite-Seal* closures
0.5 dr. (1.8mL) 12 × 35mm 03-339-26A 47.09 16 Pk./512.57
1 dr. (3.7mL) 15 × 45mm 03-339-26B 44.21 16 Pk./481.25
2 dr. (7.4mL) 19 × 51mm 03-339-26C 63.09 ----
3 dr. (11.1mL) 19 × 65mm 03-339-26D 75.03 8 Pk./408.30
7 dr. (25.9mL) 29 × 65mm 03-339-26F 124.26 3 Pk./253.58
10 dr. (37.0mL) 29 × 80mm 03-339-26G 130.03 3 Pk./265.37
12 dr. (44.4mL) 29 × 94mm 03-339-26H 131.14 3 Pk./267.64
Lab pack without closures
0.25 dr. (0.9mL) 9 × 30mm 03-339-30A 37.67 10 Pk./256.23
0.5 dr. (1.8mL) 12 × 35mm 03-339-30B 30.50 10 Pk./207.50
1 dr. (3.7mL) 15 × 45mm 03-339-30C 37.31 10 Pk./253.84
1.5 dr. (5.5mL) 15 × 50mm 03-339-30D 56.49 6 Pk./233.74
2 dr. (7.4mL) 17 × 60mm 03-339-30E 83.36 6 Pk./344.93
3 dr. (11.1mL) 19 × 65mm 03-339-30F 66.19 6 Pk./273.84
4 dr. (14.8mL) 21 × 70mm 03-339-30G 67.75 4 Pk./186.88
6 dr. (22.2mL) 23 × 85mm 03-339-30H 79.36 4 Pk./215.95
8 dr. (29.6mL) 25 × 95mm 03-339-30J 129.19 4 Pk./351.54

Fisherbrand* Glass Tooled-Neck 
Vials with Polyethylene Closures
General purpose

• Made from Type 1, N-51A borosilicate glass
• Tooled necks ensure accurate fit with closures

Capacity O.D. × H Cat. No. Pack of 144  Case of
1 dr. (3.7mL) 15 × 45mm 03-339-27A 56.44 16 Pk./622.80
2 dr. (7.4mL) 19 × 48mm 03-339-27B 63.98 10 Pk./441.34
3 dr. (11.1mL) 21 × 50mm 03-339-27C 73.01 8 Pk./402.80
4 dr. (14.8mL) 25 × 52mm 03-339-27D 84.90 6 Pk./351.32
5 dr. (18.5mL) 27 × 55mm 03-339-27E 95.62 4 Pk./263.79
6 dr. (25.9mL) 29 × 65mm 03-339-27F 101.37 3 Pk./209.74

Fisherbrand* Polyethylene Sample Vials 
with Hinged Cap
For general-purpose use

• Durable, lightweight polyethylene 
• Unbreakable
• Withstand temperatures to 80°C (176°F)
• Snap-top hinged lids cannot be lost and provide tight friction fit

Capacity O.D. × H Cat. No.  Case of 100
0.25 dr. (1mL) 0.35 × 1.25” (9 × 32mm) 03-338-1A 68.30
1 dr. (2.5mL) 0.55 × 1.25” (14 × 32mm) 03-338-1B 68.30
1.375 dr. (5mL) 0.59 × 1.96” (15 × 50mm) 03-338-1C 95.98
2.25 dr. (8mL) 0.66 × 2.20” (17 × 56mm) 03-338-1D 91.07
2.75 dr. (10mL) 0.86 × 1.25” (22 × 32mm) 03-338-1E 128.54
6.875 dr. (25mL) 0.94 × 2.83” (24 × 72mm) 03-338-1F 205.20
13.75 dr. (50mL) 1.18 × 2.91” (30 × 74mm) 03-338-1G 278.69

Fisherbrand* Polypropylene Sample Vials 
with Hinged Cap
High-density polypropylene vials

• Withstand temperatures up to 100°C (212°F)
• Hinged cap provides leak-resistant, airtight seal
• Cap permanently attached to vial
• Flat surface on cap top for sample identification and 

organization; suitable for bar coding
• For storing dairy samples, blue vials have fill ridges 

at 45mL
• For water sampling, opaque 4 oz. (120mL) vial has 1 

oz. marked graduations and fill ridge at 100mL
• Opaque 8 oz. (240mL) size also graduated

Capacity Color Cat. No.  Case of
1.5 oz. (45mL) Opaque 03-341-75A 100/44.83
1.8 oz. (60mL) Opaque 03-341-75C 600/166.05
1.5 oz. (45mL) Blue 03-341-77A 100/30.33
4 oz. (120mL) Opaque 03-341-75E 100/38.63
4 oz. (120mL) Opaque 03-341-75G 300/111.35
8 oz. (240mL) Opaque 03-341-76A 50/29.04

Fisherbrand* Polystyrene Containers
Ideal for storing dry materials,  
powders, tablets

• Made of polystyrene material
• With snap-on caps

Capacity I.D. × H Cat. No.  Case of
3 dr. (11.1mL) 0.74 × 1.88” (19 × 48mm) 03-338-3A 144/44.62
5 dr. (18.5mL) 0.86 × 1.88” (22 × 48mm) 03-338-3B 144/46.87
7 dr. (25.9mL) 1.02 × 2.0” (26 × 51mm) 03-338-3C 144/51.00
10 dr. (37.0mL) 1.06 × 1.96” (27 × 50mm) 03-338-3D 144/63.92
13 dr. (48.1mL) 1.18 × 2.20” (30 × 56mm) 03-338-3E 144/73.19
15 dr. (55.5mL) 1.25 × 2.51” (32 × 64mm) 03-338-3F 144/75.74
20 dr. (74mL) 1.49 × 2.51” (38 × 64mm) 03-338-3G 144/92.73
30 dr. (111mL) 1.77 × 2.99” (45 × 76mm) 03-338-3H 72/63.96
40 dr. (148mL) 1.77 × 4.01” (45 × 102mm) 03-338-3J 72/74.92

Fisherbrand* 7mL Borosilicate Glass  
Scintillation Vial
Smaller capacity vial saves in solvent use and 
disposal

• Volume: 7mL
• Closure: White plastic screw cap with cork-

backed metal foil liner

O.D. × H GPI Thread Finish Cat. No.  Case of 1000
0.66 × 2.12” (17 × 54mm) 15-425 03-337-26 430.50

Sample – Glass, Contd.

Sample – Plastic
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Vials
Scintillation – Glass/ Scintillation – Plastic

Scintillation – Plastic

Fisherbrand* 20mL Borosilicate  
Glass Scintillation Vials
Fit all common counters

• Potassium-free glass provides consistently low 
activity counts and excellent light transmission

• Caps fit GPI 22-400 thread finish and are suitable 
for marking

Cap Style Packaging Cat. No.  Case of 500
White Urea Caps
Cork-backed metal foil liner Caps attached 03-337-5 256.39
Cork-backed metal foil liner Caps separate 03-340-4E 260.35
Cone-shaped plastic liner Caps separate 03-337-7 348.85
White Polypropylene Caps
Pulp-backed metal foil liner Caps attached 03-337-4 261.64
Pulp-backed metal foil liner Caps separate 03-337-15 241.18
White Polyethylene Caps
No liner Caps separate 03-337-14 232.29

Fisherbrand*  
Scintillation Vials
High-density polyethylene vials with threaded 
cap

• Translucent white vial with white lid
• Capacity: 18mL
• Made of HDPE to resist leaking and swelling 

caused by solvent degradation 
• Fit all common counters
• Quick-Twist thread seals in one-half turn, no 

liner needed

Capacity Packaging Cat. No.  Case of 500
18mL 5 Trays of 100 vials 03-337-12B 545.41
18mL Bulk pack of 500 03-337-11B 489.91

Fisherbrand* 4, 6, and 8mL  
HDPE ScintiVials*
High-density polyethylene (HDPE) vials with white 
polypropylene caps

• 4mL vial supplied with six polypropylene push caps con-
nected by a plastic string (string “disappears” into cap’s 
notches for snag-free operation in counter)

• 6mL vial available with a “twist-off” cap with unique  
shouldered design (allowing vial to be centered in 20mL 
carrier vial) or with a flush cap (for immediate use in  
miniature vial LS counters) 

• 8mL vial supplied with flush cap

Fisherbrand* 7mL HDPE  
Scintillation Vials
• Dimensions: 17 x 54mm
• GPI Thread Finish 15- 425

O.D. × H GPI Thread Finish Cat. No.  Case of 1000
17 × 54mm 15-425 03-337-1 299.01

Fisherbrand* Bulk-Packed  
HDPE 7mL Scintillation Vial
• With linerless white polyethylene closure and 

improved sealing membrane
• Resists swelling caused by solvent degradation

Capacity Cat. No.  Each
0.23 oz. (7mL) 03-337-20 338.61

Capacity Cap Style O. Dia. x H Mfr. No. Cat. No.  Case of 1000

0.13 oz. 
(4mL)

String of 
6 push 
caps 

0.55 × 2.39” 
(14.2 × 60.8mm) FS58505 4 14-955-388 181.01

0.13 oz. 
(4mL)

Twist-off 
cap with 
shoulder 

0.62 × 2.22”  
(16 × 56.6mm) FS58506 6 14-955-391 312.23

0.20 oz. 
(6mL) Flush cap 0.62 × 2.22”  

(16 × 56.6mm) FS58507 6 14-955-389 303.83

0.27 oz. 
(8mL) Flush cap 0.68 × 2.44” 

(17.5 × 62mm) FS58508 8 14-955-387 318.70

Fisherbrand* 20mL HDPE 
Scintillation Vials
Fit all common counters 

• Provide low background counts and 
excellent light transmission

• Resist leaking and swelling caused by 
solvent degradation

• Caps fit GPI 22-400 thread, and are suit-
able  for marking

Cap Style Packaging Cat. No.  Case of
White urea
Cork-backed metal foil liner Caps separate 03-337-2 500/191.16
Cone-shaped plastic liner Caps separate 03-337-23C 500/239.67
White polypropylene
Pulp-backed metal foil liner Caps separate 03-337-23B 500/167.39
Pulp-backed metal foil liner Caps attached 03-337-23A 500/155.91
Pulp-backed metal foil liner Bulk pack 03-337-23 1000/251.22
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TrustedPartner
Count on Fisherbrand for the products you need,  

when you need them. Quality, reliability and value.

800-766-7000  •  www.fishersci.com
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